Date:

cCARD Pinout: F2800137
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Analog

igital

D

HSEC pin | MCU pin MCU Usage for Std | HSEC cCARD standard HSEC cCARD standard | MCU Usage for Std MCU pin
7 Vs GND
9 AO/C15/DACA |Analog, DACA GND vss
1 A1 |Analog Analog| CO/ALL
13 GND. Analog| C1/A12
15 A2/C9/GPI0224 |Analog GND
17 A3/C5/GPIO242 |Analog Analog| ca/a14
19 vss GND Analog | C6/GPI0226
21 ad4/c1a Analog GND vss
23 As/2 Analog Analog C7/A15
25 A6/GPI0228 Analog Analog C8/A9/GPI0227
27 A7/C3 Analog Analog C10/A10/GPI0230
29 GND Analog C11/A8 **
31 - |
33 - | Analog C11/A8 **
35 Vss GND | -
37 - | GND Vss
39 - | -
3 - |
45 VREFHI |VREFHI GND Vss
47 vss GND
49 GPIO-00 PWM1A PWM3A GPIO-04
51 GPIO-01 PWM1B PWM3B GPI0-05
53 GPIO-02 PWM2A PWM4A GPI0-06
55 GPIO-03 PWM2B PWMaB GPI0-07
57 GPIO-08 PWMSA PWMGA GPIO-18/X2
59 GPIO-09 PWMSB PWMGB GPIO-19/X1
61  GPIO-12/A20/C20 PWM7A GPI0-40
63  GPIO-13/A19/C19 PWM7B GPIO-41
65 GND
67  GPIO-16 SPISIMOA QEPA or McBSP-MDX QEP1A GPI0-20/A17/C17
69 GPIO-17 SPISOMIA QEPB or McBSP-MDR QEP1B GPIO-21/A18/C18
71 GPIO-10 SPICLKA QEPS or McBSP-MCLKX QEP1S GPI0-22
73 GPIO-11 SPISTEA QEPI or McBSP-MFSX QEP1I GPI0-23
75 GPIO-24# SCIRXDA GPIO-28/A16/C16 @
77 GPIO-39 SCITXDA GPIO-29 @
79 - CANRXA GPIO-35/TDI *
81 - CANTXA GPIO-37/TDO *
8 vss GND
8  GPIO32# SDAA GPIO -
87  GPIO-33 scLA GPIO -
89 GPIO-40*** GPIO GPIO -
91  GPIO-41*** GPIO GPIO -
93 - GPIO GPIO -
%5 - GPIO GPIO -
97 vss GND
9 - SD-D QEPA -
01 - sD-C QEPB. -
103 - SD-D QEPS -
105 - sD-C QEPI -
107 - sD-D GPIO or McBSP-MCLKR -
09 - sD-C GPIO or McBSP-MFSR -
11 vss GND
119 |VDDIO Device Reset (Active low) XRSn XRSn
121 GPIO GPIO
123 GPIO GPIO
125 GPIO GPIO
127 GPIO GPIO
129 GPIO GPIO
131 GPIO GPIO
133 GPIO GPIO
135 GND
137 GPIO GPIO
139 GPIO GPIO
141 GPIO GPIO
143 GPIO GPIO
145 GPIO GPIO
147 GPIO GPIO
149 GPIO GPIO
151 GPIO GPIO
153 GPIO GPIO
155 GPIO GPIO
157 GND
159 GPIO GPIO
161 GPIO GPIO
163 GPIO GPIO
165 GPIO GPIO
167 GPIO GPIO
169 GPIO GPIO
ERRORSTS
179 GND
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* This set of signals can be routed to one of two HSEC pins via switch (HSEC pins 80 & 82 by default)

** This signal can be routed to one of two HSEC pins via switch (HSEC pin 30 by default)

*** Signal can be routed to this HSEC pin if

resistor is populated

#Boot mode pin

@ Can be connected to PC terminal via switch




