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MCU pin MCU Usage for Std HSEC cCARD standard HSEC cCARD standard MCU Usage for Std MCU pin
Vss GND
AA0/C15/ADCINCAL/CMP3P |Analog GND 'Sy
A1/CMP1P |Analog Analog | A11/C0/CMP1/TESTANAO
- GND Analog| A12/C1/TESTANA1/CMP2/CMP4P
A2/C9/CMP1P/CMP3 |Analog GND -
A3/C5/VDAC/CMP3 |Analog Analog| C4/A14/CMP3P
vss GND Analog | C6/CMP3P
A4/C14/CMP2P/CMP4 Analog GND vss
A5/C2/CMP3 Analog Analog A15/C7/CMP1
A6/CMP1P Analog Analog C8/A9/CMP4P/CMP2P
A7/C3/CMP4 Analog Analog A10/C10/CMP2
- ‘ GND Analog A8/C11/CMP2P/CMPAP #
- | Analog| A/C11/CMP2P/CMPAP #
Vss GND | -
- | GND ‘ vss
All VREFHIs * |VREFHI GND Vss
vss GND
GPI0-00 PWMI_A PWM3_A GPIO-04
GPI10-01 PWM1_B PWM3_B GPI0-05
GPI10-02 PWM2_A PWM4_A GPI0-06
GPI0-03 PWM2_B PWM4_B GPI10-07
GPI10-08 PWM5_A PWM7_A GPI0-12 @
GPI10-09 PWMS5_B PWM7_B GPIO-13 @
GPIO-10 PWM6_A PWMS8_A GPIO-14
GPIO-11 @ PWM6_B PWM8_B GPIO-15
GND
GPIO-16 SPIA_SIMO ‘QEPA or McBSP-MDX EQEP1_A GPI10-40
GPIO-17 SPIA_SOMI ‘QEPB or McBSP-MDR EQEP1_B GPI10-41
GPIO-18/X2 ## SPIA_CLK ‘QEPS or McBSP-MCLKX EQEP1_STROBE GPI10-22
GPIO-19/X1 ## SPIA_STE QEPI or McBSP-MFSX EQEP1_INDEX GPIO-23
GPIO-24 ** # SPIB_SIMO SCIA_RX GPIO-28 @@
GPIO-25# @ SPIB_SOMI SCIA_TX GPIO-29 @@
GPIO-26 # @ SPIB_CLK CANA_RX GPIO-30
GPIO-27 # @ SPIB_STE CANA_TX GPIO-31
vss GND
GPIO-32** 12CA_SDA GPIO GPIO GPIO-34
GPIO-33 12CA_SCL GPIO GPIO GPI0-37/TDO
GPIO-39 GPIO GPIO GPIO GPIO GPI0-35/TDI
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
vss GND
GPI10-42 GPIO SD-D QEPA EQEP2_A GPIO-24**#
GPI10-43 GPIO SD-C QEPB EQEP2_B GPI10-25#
GPI10-44 GPIO SD-D QEPS EQEP2_INDEX GPI10-27#
GPI10-45 GPIO SD-C QEPI EQEP2_STROBE GPI10-26#
GPI0-46 GPIO SD-D GPIO or McBSP-MCLKR -
- SD-C GPIO or McBSP-MFSR -
vss GND
Device Reset (Active low) XRSn XRSn
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GND
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GND
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GPIO GPIO -
- GND
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* Resistors may be altered to connect this HSEC pin to the MCU's VREFHI inputs

** Boot mode pin

# Signal can be route to one of two HSEC pins via switch

## GPIO can only be used with INTOSC

@ Signal is shared with FSI header and can be

by desoldering resistors.

@@ Can be

to PC terminal via switch

" Signal is a "no connect”




